Multisplit - Tabla de dimensiones de cafieria

UNIDADES EVAPORADORAS

Didmetro Cafieria [" (mm)]

C idad
Tipo Unidad a[rl’\:(l:h]a Modelo Liquido Gas
7 4mMxw2307BFOWOAA || 174 (6.35) | 3/8(9.52)
9 4AMXW2309BFOWOAA 1/4 (6.35) 3/8 (9.52)
Mural / Hi Wall 12 4AMXW2312BFOWO0AA 1/4 (6.35) 3/8 (9.52)
18 4mMxw23188FOWO0AA || 1/4 (6.35) 1/2 (12.7)
24 4MXW2324BFOWO0AA || 3/8(9.52) 5/8 (15.8)
9 4MXC2309BFOWOAA || 1/4 (6.35) | 3/8(9.52)
Cassette 4 vias 12 4MXC2312BFOWO0AA 1/4 (6.35) 3/8(9.52)
18  |4MXC2318BFOWOAA 1/4 (6.35) 1/2 (12.7)
24 |4MXC2324BFOWOAA 3/8(9.52) 5/8 (15.8)
9 4MXD2309BFOROAA 1/4 (6.35) 3/8 (9.52)
Baja Silueta / 12 4MXD2312BFOROAA 1/4(6.35) | 3/8(9.52)
Ducted 18 4MXD2318BFOROAA 1/4 (6.35) 1/2 (12.7)
24 4MXD2324BFOROAA 3/8(9.52) 5/8 (15.8)
) 9 4MXE2309BFOWOAA 1/4 (6.35) 3/8(9.52)
Cassette 1 via
12 4MXE2312BFOWOAA 1/4 (6.35) 3/8 (9.52)
UNIDADES CONDENSADORAS Didametro Cafieria [" (mm)]
C idad
Tipo Unidad a[p')\:tc)lh]a Modelo Liquido Gas
Condensadora 2 1/4 (6.35) 3/8 (9.52)
17.4 4TXM2318BF200AA
salidas 1/4 (6.35) 3/8 (9.52)
1/4(6.35) | 3/8(9.52)
Cond;';:aiora 31 18 4TxM23188F300AA || 1/4(6.35) | 3/8(9.52)
1/4(6.35) | 3/8(9.52)
1/4(6.35) | 3/8(9.52)
Cond;';:aiora 31 2 4TXM2324BF300AA || 1/2(6.35) | 3/8(9.52)
1/4 (6.35) 3/8 (9.52)
1/4 (6.35) 3/8 (9.52)
Conden.sadora 4 30 ATXM2330BEA00AA 1/4 (6.35) 3/8 (9.52)
salidas 1/4 (6.35) 3/8 (9.52)
1/4(6.35) | 1/2(12.7)
1/4 (6.35) 3/8 (9.52)
1/4(6.35) | 3/8(9.52)
Cond;';:aiora > 36 4TxM2336BF500AA || 1/4(6.35) | 3/8(9.52)
1/4 (6.35) 1/2 (12.7)
1/4 (6.35) 1/2 (12.7)
1/4 (6.35) 3/8 (9.52)
Condensadora 5 1/4(6.35) 3/8 (9.52)
salidas 42 4TXM2342BF500AA 1/4 (6.35) 3/8 (9.52)
1/4 (6.35) 1/2 (12.7)
1/4(6.35) | 1/2(12.7)




	MEDIDAS FINALES

